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0HC111N Series - Half Coupling

0.50
0.50
0.56
0.69
0.75
0.81
1.00
1.06
1.25
1.44
1.59
1.84

0.55
0.73
0.85
1.05
1.25
1.56
1.91
2.17
2.62
3.33
3.96
5.10

Part No. Dimension(in)

40HC111N018
40HC111N014
40HC111N038
40HC111N012
40HC111N034
40HC111N010
40HC111N114
40HC111N112
40HC111N020
40HC111N212
40HC111N030
40HC111N040

60HC111N018
60HC111N014
60HC111N038
60HC111N012
60HC111N034
60HC111N010
60HC111N114
60HC111N112
60HC111N020
60HC111N212
60HC111N030
60HC111N040

Size

1/8
1/4
3/8
1/2
3/4
1

11/4
11/2

2
2 1/2

3
4

LIn 304 316 D

Heavy Type 150 # Threaded Fittings

0BN112N Series - Barrel Nipple
Size

 1/8
 1/4
 3/8
 1/2
 3/4

1
1 1/4
1 1/2

2
2 1/2

3
4

In
Part No.(Sch 40 )

T4BNA
T4BNB
T4BNC
T4BND
T4BNE
T4BNF
T4BNG
T4BNH
T4BNI
T4BNJ
T4BNK
T4BNL

T6BNA
T6BNB
T6BNC
T6BND
T6BNE
T6BNF
T6BNG
T6BNH
T6BNI
T6BNJ
T6BNK
T6BNL

304 316
Part No.(Sch 80 )

E4BNA
E4BNB
E4BNC
E4BND
E4BNE
E4BNF
E4BNG
E4BNH
E4BNI

E6BNA
E6BNB
E6BNC
E6BND
E6BNE
E6BNF
E6BNG
E6BNH
E6BNI

304 316
Dimension(in)

3/4'' 120''
7/8'' 120''

1'' 120''
1 1/8''' 120''
1-3/8'' 120''
1-1/2'' 120''
1-5/8'' 120''
1-3/4'' 120''

2'' 120''
2 1/2'' 120''
2-5/8'' 120''
2-7/8'' 120'

L

0WN114N Series - Welded Nipple
Size

 1/8
 1/4
 3/8
 1/2
 3/4

1
1 1/4
1 1/2

2
2 1/2

3
4

In
Part No.(Sch 40 )

T4WNA
T4WNB
T4WNC
T4WND
T4WNE
T4WNF
T4WNG
T4WNH
T4WNI
T4WNJ
T4WNK
T4WNL

T6WNA
T6WNB
T6WNC
T6WND
T6WNE
T6WNF
T6WNG
T6WNH
T6WNI
T6WNJ
T6WNK
T6WNL

304 316
Dimension(in)

1'' 6''
1'' 6''
1'' 6''
1'' 6''
1'' 6''

1-1/2''  6''
1-1/2''  6''
1-1/2''  6''

2''  6''
2-1/2''  6''
2-1/2''  6''
2-1/2''  6''

L

0CN112N Series - Close Nipple
Size

 1/8
 1/4
 3/8
 1/2
 3/4

1
1 1/4
1 1/2

2
2 1/2

3
4

In
T4BNA01
T4BNB01
T4BNC01
T4BND01
T4BNE01
T4BNF01
T4BNG01
T4BNH01
T4BNI01
T4BNJ01
T4BNK01
T4BNL01

T6BNA01
T6BNB01
T6BNC01
T6BND01
T6BNE01
T6BNF01
T6BNG01
T6BNH01
T6BNI01
T6BNJ01
T6BNK01
T6BNL01

304 316
E4BNA01
E4BNB01
E4BNC01
E4BND01
E4BNE01
E4BNF01
E4BNG01
E4BNH01
E4BNI01

304
Dimension(in)

 3/4
 7/8

1
1 1/8
1 3/8
1 1/2
1 5/8
1 3/4

2
2 1/2
2 5/8
2 7/8

L
E6BNA01
E6BNB01
E6BNC01
E6BND01
E6BNE01
E6BNF01
E6BNG01
E6BNH01
E6BNI01

316
Part No.(Sch 40 ) Part No.(Sch 80 )

Dimensional tolerances are as per ISO 8062-3:2007 CT7 ( for Castings) and ISO 2768-1:1989/M (for Machining)


