
 Congratulations on your 
purchase of a New Band 
Saw Machine. LENOX and 
MSC would like to get your 
operations up and running 
by providing you with the 
right Band Saw Blade and 
Sawing Fluids for your saw.

Securing your 2 Free LENOX Blades and 5 Gallons of Sawing Fluids is 
just a step away: Simply provide the information on the reverse side of 
this form and forward it to LENOX by Fax or e-Mail. We will contact you 
to understand your sawing needs and select the best blade and fluids 
for your applications.

.

Fill Out the Form On Back 
and Submit via Fax or Email 

Technical Support: 800-642-0010 lenoxtools.com

Free LENOX Band Saw 
Blades & Sawing Fluids

Rely on LENOX and MSC to optimize 
all your sawing operations 

Available
today at:

®



Work with LENOX to get the 
right blade for your application 

Business Name:
Business Address:

City, State, Zip

Primary Contact Secondary Contact
Name: Name:

Position: Position:

Phone: Phone:
Email: Email:

Saw Make & Model Saw Serial Number
Installation Date

Does your company have other band saws in operation? If so how many?

Company Information

Contact Information

New Saw Information

Fill Out Form and Submit via Fax or Email

Fax: 1-866-772-4473  
 

Attn: Marty Gardner
 Email: Marty.Gardner@sbdinc.com 

                           LENOX will contact you to get you the right blades for the job!

Technical Support: 800-642-0010 lenoxtools.com

Blade Specifications

May 1 - December 31, 2020
Rules subject to change without notice

Circle the OEM Saw Brand for the blades you are requesting.

Other Brand

Would you like to hear from Lenox on new products and programs?  Yes  No

Free LENOX Band Saw 
Blades & Sawing Fluids

Available
today at:

®



MSC # Model Web Header
Blade 

Dimensions 
L x W x T

07590680 1001492 9 x 16” Max Capacity, Manual Step Pulley Horizontal Bandsaw 129.92”x1”x.035”
06737555 1001570 12-3/4 x 12-9/16” Max Capacity, Automatic Variable Speed Pulley Horizontal Bandsaw 124.5x.1”x.035”
49150006 1001438 10 x 18” Max Capacity, Manual Step Pulley Horizontal Bandsaw 96.85x1”x.035”

83821652 C-320NC 18-1/2 x 10-1/2” Max Capacity, Manual Variable Speed Pulley Horizontal Bandsaw 144"x1.3x.042"
40704645 C-260NC 9 x 12” Max Capacity, Manual Step Pulley Horizontal Bandsaw 12'x1.25"x.042"
63826184 SH-500M 9 x 14-1/2” Max Capacity, Manual Step Pulley Horizontal Bandsaw 11'x1"x.035"
19689355 SH-510LDM 18-3/8 Inch Throat Capacity, Step Pulley Vertical Bandsaw 195"x1.3"x.043"
53409900 C-650MNC Horizontal Bandsaws Machine Style: Automatic Drive Type: Variable Speed Pulley 209"x1.6"x.050"
58731548 C-420NC 9 x 16” Max Capacity, Manual Step Pulley Horizontal Bandsaw 187.8"x1.6"x.050"
61168589 C-510MNC 10 x 17” Max Capacity, Manual Step Pulley Horizontal Bandsaw 192.9"x1.3"x.040"

09518945 985017 10 x 18” Max Capacity, Manual Step Pulley Horizontal Bandsaw 137'x1"x.035"
39909528 987031-2 20 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 184.25"x.1"x.035"
09518937 985018 26” Throat Capacity, Variable Speed Pulley Vertical Bandsaw 137'x1"x.035"
01244490 988071 13 x 21” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 150"x1".035"

43158500 290226 9 x 14-1/2” Max Capacity, Manual Step Pulley Horizontal Bandsaw 166"x1.25"x.042"
67185017 3613-V2 20 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 199"x.1"x.035"
67185041 290186 20 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 154"x1"x.035"
67185033 290184 9 x 14-1/2” Max Capacity, Manual Variable Speed Pulley Horizontal Bandsaw 154"x1"x.035"
67185058 290187 10 x 14” Max Capacity, Manual Step Pulley Horizontal Bandsaw 186"x1.614"x.512"
67185066 290215 9.84 x 16.33” Manual Combo Horizontal & Vertical Bandsaw 199"x1"x.035"
67185074 290206 9 x 14-9/16” Max Capacity, Manual Step Pulley Horizontal Bandsaw 189"x1.25"x.042"
67185082 290209 14 Inch Throat Capacity, Vertical Bandsaw 166"x1"x.035"

00919522 136-2617 28 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 128.5"x1"x.035"
00352575 136-2800 10.2X11.8 V/S 5HP 3PH HORZ AUTO BANDSAW 135"x1"x.035"
01712025 136-2810 10 x 16” Max Capacity, Manual Step Pulley Horizontal Bandsaw 135"x1"x.035"

Eligible Band Saw Machines - Lenox Band Saw & Sawing Fluids Offer

Call MSC today to learn about
the latest LENOX solutions
800.331.1110  mscdirect.com

Available
today at:

®



MSC# Model Web Header
Blade 

Dimensions 
L x W x T

09216953 4V-24 230V 10 x 17” Max Capacity, Manual Variable Speed Pulley Horizontal Bandsaw 179"x 1"x.035
09216961 4V-24 460V 20 Inch Throat Capacity, Vertical Bandsaw 179"x 1"x.036
09216995 6V-36 208/230V 39-3/4 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 246"x1"x.035
09216979 4V-36 230V 20” Throat Capacity, Step Pulley Vertical Bandsaw 196"x1"x.035
09216987 4V-36 460V 7 x 10.23” Manual Combo Horizontal & Vertical Bandsaw 196"x1"x.036
09217001 6V-36 460V 20 Inch Throat Capacity, Vertical Bandsaw 246"x1"x.035

56952096 414468 12 x 23-1/2” Max Capacity, Semi-Automatic Step Pulley Horizontal Bandsaw 119.5"x1".035
07815392 414473 12 x 10” Max Capacity, Manual Step Pulley Horizontal Bandsaw 130.5"x1"x.035
62112339 414500 26 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 156.5"x1"x.035
89412514 414471 20 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 161.5x1.250x.042"
74943606 414482 5 x 16” Max Capacity, Manual Variable Speed Pulley Horizontal Bandsaw 156.5"x1"x.035"
54127378 414477 11X19.7 3HP 3PH HORZ SEMI-AUTO MITR BNDSW 130"x1"x.035"
69002244 891115 24 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 185.5"x1"x.035"
33867680 891020 11 x 16” Max Capacity, Manual Variable Speed Pulley Horizontal Bandsaw 144.5"x1"x.035"
33867672 891050 10 x 14” Max Capacity, Manual Step Pulley Horizontal Bandsaw 128.5"x1"x.035"
62112560 414474 10 x 14” Max Capacity, Manual Variable Speed Pulley Horizontal Bandsaw 135"x1"x.035"
91277962 414479 9 x 14-1/2” Max Capacity, Manual Step Pulley Horizontal Bandsaw 130"x1"x.035"
62112586 414484 10 x 17” Max Capacity, Manual Step Pulley Horizontal Bandsaw 135"x1"x.035"
48837058 413411 20” Throat Capacity, Step Pulley Vertical Bandsaw 144"x1"x.035"
70762653 414499 10 x 16” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 135"x1"x.035"
62112305 414472 8 x 9” Max Capacity, Manual Step Pulley Horizontal Bandsaw 114.5"x1"x.035"
48837066 424463 8-3/4 x 7” Max Capacity, Manual Geared Head Horizontal Bandsaw 120"x1"x.035"
62112552 414467 7 x 7” Max Capacity, Manual Step Pulley Horizontal Bandsaw 96.5"x1"x.035"
33867714 891015 40 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 114.5"x1"x.035"
12782066 413415 8 x 13” Manual Horizontal Bandsaw 172"x1"x.035"
31309891 424475 19-1/2 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 172"x1 1/4"x.042"
31309909 424476 13.77 x 8.66” Semi-Automatic Combo Horizontal & Vertical Bandsaw 156"x1"x.035"
33867706 891070 18” 3HP 230V 3PH GROB VERT. BANDSAW 144"x.1"x.035"
35113240 5695209/9712424 18” 3HP 460V 3PH GROB VERT. BANDSAW 119.5"x1".035"
35113257 0781539/9712424 24” 3HP 230V 3PH GROB VERT. BANDSAW 130"x1"x.035"
35113265 6211224/9712424 24” 3HP 460V 3PH GROB VERT. BANDSAW 114.5"x1"x.035"
48837041 413410 15HP 230/280V 3HP GROB VERT. BANDSAW 144"x1"x.035
48837074 424465 36” 3HP 230V 3PH GROB VERT. BANDSAW 120"x1"x.035"
54738232 414470 36” 3HP 460V 3PH GROB VERT. BANDSAW 196.25x1x.035"
62112321 414478 36” 15HP 460V 3HP GROB VERT. BANDSAW 130"x1"x.035"
62112313 414476 28-1/8 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 156"x1"x.035"
62112578 414475 11 x 10” Max Capacity, Automatic Variable Speed Pulley Horizontal Bandsaw 135"x1x.035"
69002236 891100 13-7/16 x 12” Max Capacity, Automatic Variable Speed Pulley Horizontal Bandsaw 151.5"x1"x.035"
70849435 414476-4 16 x 16” Max Capacity, Automatic Variable Speed Pulley Horizontal Bandsaw 156"x1"x.035"
86069382 414479 9 x 14-1/2” Max Capacity, Manual Geared Head Horizontal Bandsaw 130"x1"x.035"
98963325 0781539/7276171 MBS-1232EVS-H 3HP 460V DUAL MITER BAND SAW 130"x1"x.035"

Eligible Band Saw Machines - Lenox Band Saw & Sawing Fluids Offer

Call MSC today to learn about 
the latest LENOX solutions 
800.331.1110 | mscdirect.com

Available
today at:

®



MSC# Model Web Header
Blade 

Dimensions 
L x W x T

62363957 MS1318SA 13X20 3HP 3PH HORZ SEMI-AUTO MITR BNDSW 163"x1"x.035"
88165477 KC12AX 19-1/4 x 4” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 200"x1.25"x.042"
62363940 MS1218VS 19-1/4 x 4” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 136.5"x1"x.035"
62363908 KC1016VS-3S 10 x 17” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 132"x 1"x.035"
62363965 MS1318M 9 x 16” Max Capacity, Manual Step Pulley Horizontal Bandsaw 163"x1"x.035"
62363890 KC1016W-1S 10 x 18” Max Capacity, Manual Step Pulley Horizontal Bandsaw 132"x 1"x.035"
02127496 V2012H 9 x 13” Max Capacity, Manual Step Pulley Horizontal Bandsaw 161"x1"x.035"
62363932 KC812W-1S 18” Throat Capacity, Step Pulley Vertical Bandsaw 107"x1"x.035"
62363924 KC1016W-3S 20” Throat Capacity, Step Pulley Vertical Bandsaw 132"x 1"x.035"
86226065 V2012F 18” Throat Capacity, Step Pulley Vertical Bandsaw 160.5"x1"x.035"
62363916 KC1016VS-1S 20” Throat Capacity, Step Pulley Vertical Bandsaw 132"x1"x.035"
73059701 V2812F 22-7/8” Throat Capacity, Variable Speed Pulley Vertical Bandsaw 198"x1"x.035"
62363973 V2812 H 16 x 9” Max Capacity, Automatic Variable Speed Pulley Horizontal Bandsaw 261"x1"x.035"
63235147 V4014H 12 x 12” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 261"x1"x.035"
62363981 VG450MP 24” Throat Capacity, Step Pulley Vertical Bandsaw 191.75"x1".035"
63235113 V4014F 10 x 17” Max Capacity, Manual Step Pulley Horizontal Bandsaw 261.5"x1"x.035"
80631708 MODEL-HB330M/VS 8 x 9” Max Capacity, Manual Step Pulley Horizontal Bandsaw 143"x1"x.035"
80631690 MODEL-HB280A 10.59 x 4.33” Semi-Automatic Combo Horizontal & Vertical Bandsaw 143"x1"x.035"
80631716 MODEL-H280M5E 15X25.6 7.5HP 3PH HORZ AUTO MITERNG BANDSAW 143"x1"x.035"
80631732 MODEL-MS1218VS 16.5 V/S 10HP 3PH HORZ DUAL AUTO BANDSAW 136.5”x1”x.035”

52542321 9683118 10 x 16” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 136”x1”x.035

35293687 1791260B 12 x 20” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 183"x1".035
35293679 1791800B 10 x 16” Max Capacity, Manual Variable Speed Pulley Horizontal Bandsaw 160"x1"x.035"
35293661 1791257B 17.7 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 170"x1"x.035
35293703 1791801B 40 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 160"x1"x.035"
35293695 1791258B 14 x 14” Max Capacity, Manual Step Pulley Horizontal Bandsaw 170"x1"x.035
47103171 1791259B 11-3/8” Throat Capacity, Variable Speed Pulley Vertical Bandsaw 183"x1".035

09519265 TF1420 3613-V2 36” 3HP DO-ALLVERTICAL BANDSAW 155”x1”.035”
72304223 HW1212 2013-V3 20” 3HP DO-ALLVERTICAL BANDSAW 140"x1"x.035
65149015 HS1418 14 x 16” Max Capacity, Automatic Variable Speed Pulley Horizontal Bandsaw 166"x1"x.035"

59833137 RF-1018SRV 3613-V3 36” 3HP DO-ALLVERTICAL BANDSAW 129"x1"x.035"
59833152 RF-916SV 17 x 17” Max Capacity, Automatic Horizontal Bandsaw 114.5x1"x.035
59833558 RF-916S 13 x 13” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 114.5x1"x.036
59833160 RF-335SRV 20 Inch Throat Capacity, Variable Speed Pulley Vertical Bandsaw 150"x1".035

Value Collection
09540220 MH-1016JAM 12 x 20” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 132”x1”x.035”
79832036 SH-460M Automatic Horizontal Bandsaw 138”x1”x.035”

09514647 500 15-3/16” Throat Capacity, Variable Speed Pulley Vertical Bandsaw 160"x1"x.035"
09518895 MH-916JR-3 9X18.1 2HP 3PH HORZ SEMI-AUTO MITR BNDSW 132"x1"x.035"
09514670 1000 Manual Horizontal Bandsaw 160.25"x1"x.035
09514696 500D HB280A 10” 2HP CLAUSING BANDSAW 160.25"x1"x.036
09514654 600 H280M5E 11” 5 SPEED CLAUSING BANDSAW 172.25"x1"x.035"
09518853 MH-916JR-1 Manual Horizontal Bandsaw 132"x1"x.035"
09514662 700 10 x 16” Max Capacity, Semi-Automatic Variable Speed Pulley Horizontal Bandsaw 161"x1"x.035"
09519075 C-250NC Manual Horizontal Bandsaw 138x1.25"x.042
09519083 C-300NC 10 X 14” 1-PH SWIVEL HEAD BANDSAW JET 150.4"x1.37"x.042
09519273 C-400NC 2PC 10”2HP HORZ&5GAL BANDSAW&CUTTING FLUID 180"x1.61"x.042

Eligible Band Saw Machines - Lenox Band Saw & Sawing Fluids Offer

Call MSC today to learn about 
the latest LENOX solutions 
800.331.1110 | mscdirect.com

Available
today at:

®




